
Closed Loop System (CLS)
Automatic maintenance system for 
hydropneumatic accumulators 
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Description
Accumulator maintenance can be 
a significant issue in applications 
where the product is working in 
severe conditions and/or difficult 
to access. Field maintenance is 
expensive and generates health & 
safety concerns. 

Utilizing a wealth of experience 
and understanding of customer 
applications Parker Olaer has 
developed an automated nitrogen 
top-up system for gas charging 
of accumulators. This ensures 
accumulators are pre-charged 
to an accurate level and reduces 
human intervention on site, 
providing a virtually maintenance 
free solution.

The CLS and CLS+ options 
also remotely inject a specified 
precharge into the accumulators 
with a high level of accuracy and 
are suitable for a wide temperature 
range.

The Closed Loop System is 
composed of a Nitrogen source, 
gas circuit and programmable 
logic controller. Nitrogen source 
when limited is sized based on 
customer application with the 
following input data:

•  Number of accumulators

•  Application details

•  Maintenance free time 
requested

Benefits
The CLS ensures accumulators 
are pre-charged to an accurate 
level and reduces human 
intervention on site, providing 
a virtually maintenance free 
solution.

Health & Safety
The CLS reduces human intervention 
on site, therefore lowering the 
risks associated with maintaining 
applications in remote or hazardous 
environments. 

Cost Saving
The reduction in accumulator 
maintenance provided by the Closed 
Loop System provides a significant 
cost saving especially for applications 
which are difficult or costly to access.

Efficiency
The CLS optimizes the efficiency of 
your hydraulic system by maintaining 
an accurate precharge for your 
accumulator vessels. 
 
Flexibility
The CLS can be supplied with a 
range of accumulators and in vertical 
or horizontal positions to suit the 
application. 

Applications
Parker accumulators are used in a 
broad variety of applications. Below 
are several examples of applications 
in which the accumulator products 
can be utilized, however please 
contact us for more information.

Marine

Deck Machinery
•	 Winches

•	 Shark Jaws & Guide Pins

•	 Drill rigs

•	 Jack up rigs
Ship Equipment
•	 Steering Gear

Cargo Handling
•	 Ship Cranes

•	 FPSO

Diesel Engine 
•	 Main engine 

•	 Power supply engine 

Wind Power 	

Wind Turbine
•	 Pitch Systems

•	 Pitch Gear Box

•	 Shaft Brake

•	 Yaw Brake

•	 Yaw Drive

CLS on a set of two accumulators.
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CLS on a set of four accumulators. 

Technical Features

Working temperature -20ºC to +60ºC

Pre charge accuracy Target ± 2%*

Power supply 24VDC / 80W

Trigger type External

Need to be hydraulically 
discharged for injection

Yes

Design pressure 300 bar

Materials Stainless Steel/ Nitrile

Alerts / monitoring Yes

* Depends on application and may be higher in some cases. 

CLS



Your local authorized Parker distributor

Europe, Middle East, Africa
AE – United Arab Emirates, 
Dubai 
Tel:  +971 4 8127100 
parker.me@parker.com

AT – Austria, Wiener Neustadt 
Tel:  +43 (0)2622 23501-0 
parker.austria@parker.com

AT – Eastern Europe, Wiener 
Neustadt 
Tel: +43 (0)2622 23501 900 
parker.easteurope@parker.com

AZ – Azerbaijan, Baku 
Tel: +994 50 2233 458 
parker.azerbaijan@parker.com

BE/LU – Belgium, Nivelles 
Tel: +32 (0)67 280 900 
parker.belgium@parker.com

BG – Bulgaria, Sofia 
Tel: +359 2 980 1344 
parker.bulgaria@parker.com

BY – Belarus, Minsk 
Tel: +48 (0)22 573 24 00 
parker.poland@parker.com

CH – Switzerland, Etoy 
Tel: +41 (0)21 821 87 00  
parker.switzerland@parker.com

CZ – Czech Republic, Klecany 
Tel: +420 284 083 111 
parker.czechrepublic@parker.com

DE – Germany, Kaarst 
Tel: +49 (0)2131 4016 0 
parker.germany@parker.com

DK – Denmark, Ballerup 
Tel: +45 43 56 04 00 
parker.denmark@parker.com

ES – Spain, Madrid 
Tel: +34 902 330 001 
parker.spain@parker.com

FI – Finland, Vantaa 
Tel: +358 (0)20 753 2500 
parker.finland@parker.com

FR – France, Contamine s/Arve 
Tel: +33 (0)4 50 25 80 25 
parker.france@parker.com

GR – Greece, Athens 
Tel: +30 210 933 6450 
parker.greece@parker.com

HU – Hungary, Budaörs 
Tel: +36 23 885 470 
parker.hungary@parker.com

IE – Ireland, Dublin 
Tel: +353 (0)1 466 6370 
parker.ireland@parker.com

IL – Israel 
Tel: +39 02 45 19 21 
parker.israel@parker.com

IT – Italy, Corsico (MI) 
Tel: +39 02 45 19 21 
parker.italy@parker.com

KZ – Kazakhstan, Almaty 
Tel: +7 7273 561 000 
parker.easteurope@parker.com

NL – The Netherlands, Oldenzaal 
Tel: +31 (0)541 585 000 
parker.nl@parker.com

NO – Norway, Asker 
Tel: +47 66 75 34 00 
parker.norway@parker.com

PL – Poland, Warsaw 
Tel: +48 (0)22 573 24 00 
parker.poland@parker.com

PT – Portugal 
Tel: +351 22 999 7360 
parker.portugal@parker.com

RO – Romania, Bucharest 
Tel: +40 21 252 1382 
parker.romania@parker.com

RU – Russia, Moscow 
Tel: +7 495 645-2156 
parker.russia@parker.com

SE – Sweden, Spånga 
Tel: +46 (0)8 59 79 50 00 
parker.sweden@parker.com

SK – Slovakia, Banská Bystrica 
Tel: +421 484 162 252 
parker.slovakia@parker.com

SL – Slovenia, Novo Mesto 
Tel: +386 7 337 6650 
parker.slovenia@parker.com

TR – Turkey, Istanbul 
Tel: +90 216 4997081 
parker.turkey@parker.com

UA – Ukraine, Kiev 
Tel: +48 (0)22 573 24 00 
parker.poland@parker.com
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UK – United Kingdom, Warwick 
Tel: +44 (0)1926 317 878 
parker.uk@parker.com

ZA – South Africa, Kempton Park 
Tel: +27 (0)11 961 0700 
parker.southafrica@parker.com

North America
CA – Canada, Milton, Ontario 
Tel: +1 905 693 3000

US – USA, Cleveland  
Tel: +1 216 896 3000

Asia Pacific
AU – Australia, Castle Hill 
Tel: +61 (0)2-9634 7777

CN – China, Shanghai 
Tel: +86 21 2899 5000

HK – Hong Kong 
Tel: +852 2428 8008

IN – India, Mumbai 
Tel: +91 22 6513 7081-85

JP – Japan, Tokyo 
Tel: +81 (0)3 6408 3901

KR – South Korea, Seoul 
Tel: +82 2 559 0400

MY – Malaysia, Shah Alam 
Tel: +60 3 7849 0800

NZ – New Zealand, Mt Wellington 
Tel: +64 9 574 1744

SG – Singapore 
Tel: +65 6887 6300

TH – Thailand, Bangkok 
Tel: +662 186 7000

TW – Taiwan, Taipei 
Tel: +886 2 2298 8987

South America
AR – Argentina, Buenos Aires 
Tel:  +54 3327 44 4129

BR – Brazil, Sao Jose dos Campos 
Tel: +55 800 727 5374 

CL – Chile, Santiago 
Tel: +56 2 623 1216

MX – Mexico, Toluca 
Tel: +52 72 2275 4200
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